
 B 
 F 

 N 

 A  D  G 

 J 

 K 

 H 

NOTES: FOR MOUNTING
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DIMENSION IN INCHES
KVA A MAX B MAX C MAX D E F G H J K L MIN M  N WT.

25 45.19 17.88 13.50 43.56 12.93 14.93 41.13 1.50 4.50 4.50 25.00 15.13 2.63 330

KVA PRIMARY MAIN 
BREAKER

SECONDARY MAIN 
BREAKER

VOLTAGE
TAPS

PRIMARY SECONDARY
25 90 AMP 125 AMP 480V 240/120 2 x 5% BNFC
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