ElbowSense™

Current and Voltage Sensors for

600 A T Body

ElbowSense™ Ordering Guide

9%510/1011
ElbowSense J |— Cable Length
#=feetx 10
Type
1: Current Monitoring Ring Connection
2: Split Current Monitoring Ring (600A=10V only) 1: water and corrosion proof socket
5: Voltage Monitoring Plug 2: cast-in cable
Size Voltage Divider
0: Current Ring to fit 600 Amp Elbow 0: none 5:60:1
1: Current Ring to fit 200 Amp Elbow 1: 1400:1 6: 120:1
2: Votage Plug for 15 kV 2: 22001 7. 166:1
3: Voltage Plug for 25 kV 4:10,000:1 X: Special
4: Voltage Plug for 34.5 kV
————— Current Output Signal
0: none 4:600A=1A

1: 600A = 10V 5: 300A = 5A
3: 600A 15A X: Special



